
BAC PF2 Line Pressure Drop for Standard and SST Coils

Pressure drop is in psig Updated:    12/13/2012
Flow is in USGPM of water

Water 30% EG 30% PG
PF2-0406AA-31-3 3 0.75 100 0.36 0.41 0.43
PF2-0406AA-32-3 3 0.75 100 1.94 2.2 2.31
PF2-0406AA-31-5 5 0.75 100 0.36 0.41 0.43
PF2-0406AA-32-5 5 0.75 100 1.94 2.2 2.31
PF2-0406AA-41-3 3 0.75 100 0.44 0.5 0.52
PF2-0406AA-42-3 3 0.75 100 2.40 2.72 2.87
PF2-0406AA-41-5 5 0.75 100 0.44 0.5 0.52
PF2-0406AA-42-5 5 0.75 100 2.40 2.72 2.87
PF2-0406AA-51-3 3 0.75 100 0.50 0.57 0.6
PF2-0406AA-52-3 3 0.75 100 3.02 3.42 3.6
PF2-0406AA-51-5 5 0.75 100 0.50 0.57 0.6
PF2-0406AA-52-5 5 0.75 100 3.02 3.42 3.6
PF2-0406AA-51-7.5 7.5 0.75 100 0.50 0.57 0.6
PF2-0406AA-52-7.5 7.5 0.75 100 3.02 3.42 3.6
PF2-0406AA-61-3 3 0.75 100 0.59 0.67 0.7
PF2-0406AA-62-3 3 0.75 100 3.49 3.95 4.16
PF2-0406AA-61-5 5 0.75 100 0.59 0.67 0.7
PF2-0406AA-62-5 5 0.75 100 3.49 3.95 4.16
PF2-0406AA-61-7.5 7.5 0.75 100 0.59 0.67 0.7
PF2-0406AA-62-7.5 7.5 0.75 100 3.49 3.95 4.16
PF2-0412AA-31-6 6 1 100 1.07 1.21 1.27
PF2-0412AA-32-6 6 1 100 6.28 7.12 7.49
PF2-0412AA-31-10 10 1 100 1.07 1.21 1.27
PF2-0412AA-32-10 10 1 100 6.28 7.12 7.49
PF2-0412AA-31-15 15 1 100 1.07 1.21 1.27
PF2-0412AA-32-15 15 1 100 6.28 7.12 7.49
PF2-0412AA-41-6 6 1 100 1.33 1.51 1.59
PF2-0412AA-42-6 6 1 100 8.24 9.33 9.82
PF2-0412AA-41-10 10 1 100 1.33 1.51 1.59
PF2-0412AA-42-10 10 1 100 8.24 9.33 9.82
PF2-0412AA-41-15 15 1 100 1.33 1.51 1.59
PF2-0412AA-42-15 15 1 100 8.24 9.33 9.82
PF2-0412AA-51-6 6 1 100 1.61 1.82 1.92
PF2-0412AA-52-6 6 1 100 10.20 11.56 12.17
PF2-0412AA-51-10 10 1 100 1.61 1.82 1.92
PF2-0412AA-52-10 10 1 100 10.20 11.56 12.17
PF2-0412AA-51-15 15 1 100 1.61 1.82 1.92
PF2-0412AA-52-15 15 1 100 10.20 11.56 12.17
PF2-0412AA-61-6 6 1 100 1.87 2.12 2.23
PF2-0412AA-62-6 6 1 100 12.21 13.84 14.57
PF2-0412AA-61-10 10 1 100 1.87 2.12 2.23
PF2-0412AA-62-10 10 1 100 12.21 13.84 14.57
PF2-0412AA-61-15 15 1 100 1.87 2.12 2.23
PF2-0412AA-62-15 15 1 100 12.21 13.84 14.57
PF2-0709AA-31-5 5 1.5 100 1.05 1.19 1.25
PF2-0709AA-32-5 5 1.5 100 2.01 2.28 2.39
PF2-0709AA-31-7.5 7.5 1.5 100 1.05 1.19 1.25
PF2-0709AA-32-7.5 7.5 1.5 100 2.01 2.28 2.39

Model Fan HP
Pump 

HP Flow

Pressure Drop



BAC PF2 Line Pressure Drop for Standard and SST Coils

Pressure drop is in psig Updated:    12/13/2012
Flow is in USGPM of water

Water 30% EG 30% PGModel Fan HP
Pump 

HP Flow

Pressure Drop

PF2-0709AA-31-10 10 1.5 100 1.05 1.19 1.25
PF2-0709AA-32-10 10 1.5 100 2.01 2.28 2.39
PF2-0709AA-31-15 15 1.5 100 1.05 1.19 1.25
PF2-0709AA-32-15 15 1.5 100 2.01 2.28 2.39
PF2-0709AA-41-5 5 1.5 100 1.29 1.46 1.54
PF2-0709AA-42-5 5 1.5 100 2.47 2.8 2.95
PF2-0709AA-41-7.5 7.5 1.5 100 1.29 1.46 1.54
PF2-0709AA-42-7.5 7.5 1.5 100 2.47 2.8 2.95
PF2-0709AA-41-10 10 1.5 100 1.29 1.46 1.54
PF2-0709AA-42-10 10 1.5 100 2.47 2.8 2.95
PF2-0709AA-41-15 15 1.5 100 1.29 1.46 1.54
PF2-0709AA-42-15 15 1.5 100 2.47 2.8 2.95
PF2-0709AA-41-20 20 1.5 100 1.29 1.46 1.54
PF2-0709AA-42-20 20 1.5 100 2.47 2.8 2.95
PF2-0709AC-51-5 5 1.5 100 1.19 1.35 1.42
PF2-0709AC-52-5 5 1.5 100 2.62 2.97 3.12
PF2-0709AC-51-7.5 7.5 1.5 100 1.19 1.35 1.42
PF2-0709AC-52-7.5 7.5 1.5 100 2.62 2.97 3.12
PF2-0709AC-51-10 10 1.5 100 1.19 1.35 1.42
PF2-0709AC-52-10 10 1.5 100 2.62 2.97 3.12
PF2-0709AC-51-15 15 1.5 100 1.19 1.35 1.42
PF2-0709AC-52-15 15 1.5 100 2.62 2.97 3.12
PF2-0709AC-51-20 20 1.5 100 1.19 1.35 1.42
PF2-0709AC-52-20 20 1.5 100 2.62 2.97 3.12
PF2-0709AA-61-5 5 1.5 100 1.81 2.05 2.16
PF2-0709AA-62-5 5 1.5 100 3.51 3.98 4.19
PF2-0709AA-61-7.5 7.5 1.5 100 1.81 2.05 2.16
PF2-0709AA-62-7.5 7.5 1.5 100 3.51 3.98 4.19
PF2-0709AA-61-10 10 1.5 100 1.81 2.05 2.16
PF2-0709AA-62-10 10 1.5 100 3.51 3.98 4.19
PF2-0709AA-61-15 15 1.5 100 1.81 2.05 2.16
PF2-0709AA-62-15 15 1.5 100 3.51 3.98 4.19
PF2-0709AA-61-20 20 1.5 100 1.81 2.05 2.16
PF2-0709AA-62-20 20 1.5 100 3.51 3.98 4.19
PF2-0709AC-71-5 5 1.5 100 1.56 1.77 1.86
PF2-0709AC-72-5 5 1.5 100 3.03 3.43 3.61
PF2-0709AC-71-7.5 7.5 1.5 100 1.56 1.77 1.86
PF2-0709AC-72-7.5 7.5 1.5 100 3.03 3.43 3.61
PF2-0709AC-71-10 10 1.5 100 1.56 1.77 1.86
PF2-0709AC-72-10 10 1.5 100 3.03 3.43 3.61
PF2-0709AC-71-15 15 1.5 100 1.56 1.77 1.86
PF2-0709AC-72-15 15 1.5 100 3.03 3.43 3.61
PF2-0709AC-71-20 20 1.5 100 1.56 1.77 1.86
PF2-0709AC-72-20 20 1.5 100 3.03 3.43 3.61
PF2-0718AA-31-10 10 3 100 1.63 1.85 1.94
PF2-0718AA-31-15 15 3 100 1.63 1.85 1.94
PF2-0718AA-31-20 20 3 100 1.63 1.85 1.94
PF2-0718AA-31-30 30 3 100 1.63 1.85 1.94



BAC PF2 Line Pressure Drop for Standard and SST Coils

Pressure drop is in psig Updated:    12/13/2012
Flow is in USGPM of water

Water 30% EG 30% PGModel Fan HP
Pump 

HP Flow

Pressure Drop

PF2-0718AA-41-10 10 3 100 2.07 2.35 2.47
PF2-0718AA-41-15 15 3 100 2.07 2.35 2.47
PF2-0718AA-41-20 20 3 100 2.07 2.35 2.47
PF2-0718AA-41-30 30 3 100 2.07 2.35 2.47
PF2-0718AA-41-40 40 3 100 2.07 2.35 2.47
PF2-0718AC-51-10 10 3 100 1.89 2.14 2.25
PF2-0718AC-51-15 15 3 100 1.89 2.14 2.25
PF2-0718AC-51-20 20 3 100 1.89 2.14 2.25
PF2-0718AC-51-30 30 3 100 1.89 2.14 2.25
PF2-0718AC-51-40 40 3 100 1.89 2.14 2.25
PF2-0718AA-61-10 10 3 100 2.97 3.36 3.54
PF2-0718AA-61-15 15 3 100 2.97 3.36 3.54
PF2-0718AA-61-20 20 3 100 2.97 3.36 3.54
PF2-0718AA-61-30 30 3 100 2.97 3.36 3.54
PF2-0718AA-61-40 40 3 100 2.97 3.36 3.54
PF2-0718AC-71-10 10 3 100 2.54 2.88 3.03
PF2-0718AC-71-15 15 3 100 2.54 2.88 3.03
PF2-0718AC-71-20 20 3 100 2.54 2.88 3.03
PF2-0718AC-71-30 30 3 100 2.54 2.88 3.03
PF2-0718AC-71-40 40 3 100 2.54 2.88 3.03
PF2-1012AA-41-7.5 7.5 2 100 0.95 1.08 1.13
PF2-1012AA-42-7.5 7.5 2 100 1.87 2.12 2.23
PF2-1012AA-41-10 10 2 100 0.95 1.08 1.13
PF2-1012AA-42-10 10 2 100 1.87 2.12 2.23
PF2-1012AA-41-15 15 2 100 0.95 1.08 1.13
PF2-1012AA-42-15 15 2 100 1.87 2.12 2.23
PF2-1012AA-41-20 20 2 100 0.95 1.08 1.13
PF2-1012AA-42-20 20 2 100 1.87 2.12 2.23
PF2-1012AA-41-25 25 2 100 0.95 1.08 1.13
PF2-1012AA-42-25 25 2 100 1.87 2.12 2.23
PF2-1012AA-41-30 30 2 100 0.95 1.08 1.13
PF2-1012AA-42-30 30 2 100 1.87 2.12 2.23
PF2-1012AA-51-7.5 7.5 2 100 1.13 1.28 1.34
PF2-1012AA-52-7.5 7.5 2 100 2.22 2.52 2.65
PF2-1012AA-51-10 10 2 100 1.13 1.28 1.34
PF2-1012AA-52-10 10 2 100 2.22 2.52 2.65
PF2-1012AA-51-15 15 2 100 1.13 1.28 1.34
PF2-1012AA-52-15 15 2 100 2.22 2.52 2.65
PF2-1012AA-51-20 20 2 100 1.13 1.28 1.34
PF2-1012AA-52-20 20 2 100 2.22 2.52 2.65
PF2-1012AA-51-25 25 2 100 1.13 1.28 1.34
PF2-1012AA-52-25 25 2 100 2.22 2.52 2.65
PF2-1012AA-51-30 30 2 100 1.13 1.28 1.34
PF2-1012AA-52-30 30 2 100 2.22 2.52 2.65
PF2-1012AB-61-7.5 7.5 2 100 1.10 1.25 1.32
PF2-1012AB-61-10 10 2 100 1.10 1.25 1.32
PF2-1012AB-61-15 15 2 100 1.10 1.25 1.32
PF2-1012AB-61-20 20 2 100 1.10 1.25 1.32



BAC PF2 Line Pressure Drop for Standard and SST Coils

Pressure drop is in psig Updated:    12/13/2012
Flow is in USGPM of water

Water 30% EG 30% PGModel Fan HP
Pump 

HP Flow

Pressure Drop

PF2-1012AB-61-25 25 2 100 1.10 1.25 1.32
PF2-1012AB-61-30 30 2 100 1.10 1.25 1.32
PF2-1012AC-71-7.5 7.5 2 100 1.11 1.26 1.32
PF2-1012AC-71-10 10 2 100 1.11 1.26 1.32
PF2-1012AC-71-15 15 2 100 1.11 1.26 1.32
PF2-1012AC-71-20 20 2 100 1.11 1.26 1.32
PF2-1012AC-71-25 25 2 100 1.11 1.26 1.32
PF2-1012AC-71-30 30 2 100 1.11 1.26 1.32
PF2-1024AA-41-15 15 4 100 0.95 1.08 1.13
PF2-1024AA-42-15 15 4 100 1.87 2.12 2.23
PF2-1024AA-41-20 20 4 100 0.95 1.08 1.13
PF2-1024AA-42-20 20 4 100 1.87 2.12 2.23
PF2-1024AA-41-30 30 4 100 0.95 1.08 1.13
PF2-1024AA-42-30 30 4 100 1.87 2.12 2.23
PF2-1024AA-41-40 40 4 100 0.95 1.08 1.13
PF2-1024AA-42-40 40 4 100 1.87 2.12 2.23
PF2-1024AA-41-50 50 4 100 0.95 1.08 1.13
PF2-1024AA-42-50 50 4 100 1.87 2.12 2.23
PF2-1024AA-41-60 60 4 100 0.95 1.08 1.13
PF2-1024AA-42-60 60 4 100 1.87 2.12 2.23
PF2-1024AA-51-15 15 4 100 1.13 1.28 1.34
PF2-1024AA-52-15 15 4 100 2.22 2.52 2.65
PF2-1024AA-51-20 20 4 100 1.13 1.28 1.34
PF2-1024AA-52-20 20 4 100 2.22 2.52 2.65
PF2-1024AA-51-30 30 4 100 1.13 1.28 1.34
PF2-1024AA-52-30 30 4 100 2.22 2.52 2.65
PF2-1024AA-51-40 40 4 100 1.13 1.28 1.34
PF2-1024AA-52-40 40 4 100 2.22 2.52 2.65
PF2-1024AA-51-50 50 4 100 1.13 1.28 1.34
PF2-1024AA-52-50 50 4 100 2.22 2.52 2.65
PF2-1024AA-51-60 60 4 100 1.13 1.28 1.34
PF2-1024AA-52-60 60 4 100 2.22 2.52 2.65
PF2-1024AB-61-15 15 4 100 1.10 1.25 1.32
PF2-1024AB-61-20 20 4 100 1.10 1.25 1.32
PF2-1024AB-61-30 30 4 100 1.10 1.25 1.32
PF2-1024AB-61-40 40 4 100 1.10 1.25 1.32
PF2-1024AB-61-50 50 4 100 1.10 1.25 1.32
PF2-1024AB-61-60 60 4 100 1.10 1.25 1.32
PF2-1024AC-71-15 15 4 100 1.11 1.26 1.32
PF2-1024AC-71-20 20 4 100 1.11 1.26 1.32
PF2-1024AC-71-30 30 4 100 1.11 1.26 1.32
PF2-1024AC-71-40 40 4 100 1.11 1.26 1.32
PF2-1024AC-71-50 50 4 100 1.11 1.26 1.32
PF2-1024AC-71-60 60 4 100 1.11 1.26 1.32
PF2-2012AA-41-15 15 4 100 0.95 1.08 1.13
PF2-2012AA-42-15 15 4 100 1.87 2.12 2.23
PF2-2012AA-41-20 20 4 100 0.95 1.08 1.13
PF2-2012AA-42-20 20 4 100 1.87 2.12 2.23



BAC PF2 Line Pressure Drop for Standard and SST Coils

Pressure drop is in psig Updated:    12/13/2012
Flow is in USGPM of water

Water 30% EG 30% PGModel Fan HP
Pump 

HP Flow

Pressure Drop

PF2-2012AA-41-30 30 4 100 0.95 1.08 1.13
PF2-2012AA-42-30 30 4 100 1.87 2.12 2.23
PF2-2012AA-41-40 40 4 100 0.95 1.08 1.13
PF2-2012AA-42-40 40 4 100 1.87 2.12 2.23
PF2-2012AA-41-50 50 4 100 0.95 1.08 1.13
PF2-2012AA-42-50 50 4 100 1.87 2.12 2.23
PF2-2012AA-41-60 60 4 100 0.95 1.08 1.13
PF2-2012AA-42-60 60 4 100 1.87 2.12 2.23
PF2-2012AA-51-15 15 4 100 1.13 1.28 1.34
PF2-2012AA-52-15 15 4 100 2.22 2.52 2.65
PF2-2012AA-51-20 20 4 100 1.13 1.28 1.34
PF2-2012AA-52-20 20 4 100 2.22 2.52 2.65
PF2-2012AA-51-30 30 4 100 1.13 1.28 1.34
PF2-2012AA-52-30 30 4 100 2.22 2.52 2.65
PF2-2012AA-51-40 40 4 100 1.13 1.28 1.34
PF2-2012AA-52-40 40 4 100 2.22 2.52 2.65
PF2-2012AA-51-50 50 4 100 1.13 1.28 1.34
PF2-2012AA-52-50 50 4 100 2.22 2.52 2.65
PF2-2012AA-51-60 60 4 100 1.13 1.28 1.34
PF2-2012AA-52-60 60 4 100 2.22 2.52 2.65
PF2-2012AB-61-15 15 4 100 1.10 1.25 1.32
PF2-2012AB-61-20 20 4 100 1.10 1.25 1.32
PF2-2012AB-61-30 30 4 100 1.10 1.25 1.32
PF2-2012AB-61-40 40 4 100 1.10 1.25 1.32
PF2-2012AB-61-50 50 4 100 1.10 1.25 1.32
PF2-2012AB-61-60 60 4 100 1.10 1.25 1.32
PF2-2012AC-71-15 15 4 100 1.11 1.26 1.32
PF2-2012AC-71-20 20 4 100 1.11 1.26 1.32
PF2-2012AC-71-30 30 4 100 1.11 1.26 1.32
PF2-2012AC-71-40 40 4 100 1.11 1.26 1.32
PF2-2012AC-71-50 50 4 100 1.11 1.26 1.32
PF2-2012AC-71-60 60 4 100 1.11 1.26 1.32
PF2-1212AA-41-10 10 5 100 1.21 1.38 1.45
PF2-1212AA-42-10 10 5 100 2.43 2.75 2.89
PF2-1212AA-41-15 15 5 100 1.21 1.38 1.45
PF2-1212AA-42-15 15 5 100 2.43 2.75 2.89
PF2-1212AA-41-20 20 5 100 1.21 1.38 1.45
PF2-1212AA-42-20 20 5 100 2.43 2.75 2.89
PF2-1212AA-41-25 25 5 100 1.21 1.38 1.45
PF2-1212AA-42-25 25 5 100 2.43 2.75 2.89
PF2-1212AA-41-30 30 5 100 1.21 1.38 1.45
PF2-1212AA-42-30 30 5 100 2.43 2.75 2.89
PF2-1212AA-41-40 40 5 100 1.21 1.38 1.45
PF2-1212AA-42-40 40 5 100 2.43 2.75 2.89
PF2-1212AA-51-10 10 5 100 1.42 1.61 1.7
PF2-1212AA-52-10 10 5 100 2.81 3.19 3.35
PF2-1212AA-51-15 15 5 100 1.42 1.61 1.7
PF2-1212AA-52-15 15 5 100 2.81 3.19 3.35



BAC PF2 Line Pressure Drop for Standard and SST Coils

Pressure drop is in psig Updated:    12/13/2012
Flow is in USGPM of water

Water 30% EG 30% PGModel Fan HP
Pump 

HP Flow

Pressure Drop

PF2-1212AA-51-20 20 5 100 1.42 1.61 1.7
PF2-1212AA-52-20 20 5 100 2.81 3.19 3.35
PF2-1212AA-51-25 25 5 100 1.42 1.61 1.7
PF2-1212AA-52-25 25 5 100 2.81 3.19 3.35
PF2-1212AA-51-30 30 5 100 1.42 1.61 1.7
PF2-1212AA-52-30 30 5 100 2.81 3.19 3.35
PF2-1212AA-51-40 40 5 100 1.42 1.61 1.7
PF2-1212AA-52-40 40 5 100 2.81 3.19 3.35
PF2-1212AB-61-10 10 5 100 1.44 1.63 1.72
PF2-1212AB-61-15 15 5 100 1.44 1.63 1.72
PF2-1212AB-61-20 20 5 100 1.44 1.63 1.72
PF2-1212AB-61-25 25 5 100 1.44 1.63 1.72
PF2-1212AB-61-30 30 5 100 1.44 1.63 1.72
PF2-1212AB-61-40 40 5 100 1.44 1.63 1.72
PF2-1212AC-71-10 10 5 100 1.41 1.6 1.68
PF2-1212AC-71-15 15 5 100 1.41 1.6 1.68
PF2-1212AC-71-20 20 5 100 1.41 1.6 1.68
PF2-1212AC-71-25 25 5 100 1.41 1.6 1.68
PF2-1212AC-71-30 30 5 100 1.41 1.6 1.68
PF2-1212AC-71-40 40 5 100 1.41 1.6 1.68
PF2-1224AA-41-20 20 10 100 1.21 1.38 1.45
PF2-1224AA-42-20 20 10 100 2.43 2.75 2.89
PF2-1224AA-41-30 30 10 100 1.21 1.38 1.45
PF2-1224AA-42-30 30 10 100 2.43 2.75 2.89
PF2-1224AA-41-40 40 10 100 1.21 1.38 1.45
PF2-1224AA-42-40 40 10 100 2.43 2.75 2.89
PF2-1224AA-41-50 50 10 100 1.21 1.38 1.45
PF2-1224AA-42-50 50 10 100 2.43 2.75 2.89
PF2-1224AA-41-60 60 10 100 1.21 1.38 1.45
PF2-1224AA-42-60 60 10 100 2.43 2.75 2.89
PF2-1224AA-41-80 80 10 100 1.21 1.38 1.45
PF2-1224AA-42-80 80 10 100 2.43 2.75 2.89
PF2-1224AA-51-20 20 10 100 1.42 1.61 1.7
PF2-1224AA-52-20 20 10 100 2.81 3.19 3.35
PF2-1224AA-51-30 30 10 100 1.42 1.61 1.7
PF2-1224AA-52-30 30 10 100 2.81 3.19 3.35
PF2-1224AA-51-40 40 10 100 1.42 1.61 1.7
PF2-1224AA-52-40 40 10 100 2.81 3.19 3.35
PF2-1224AA-51-50 50 10 100 1.42 1.61 1.7
PF2-1224AA-52-50 50 10 100 2.81 3.19 3.35
PF2-1224AA-51-60 60 10 100 1.42 1.61 1.7
PF2-1224AA-52-60 60 10 100 2.81 3.19 3.35
PF2-1224AA-51-80 80 10 100 1.42 1.61 1.7
PF2-1224AA-52-80 80 10 100 2.81 3.19 3.35
PF2-1224AB-61-20 20 10 100 1.44 1.63 1.72
PF2-1224AB-61-30 30 10 100 1.44 1.63 1.72
PF2-1224AB-61-40 40 10 100 1.44 1.63 1.72
PF2-1224AB-61-50 50 10 100 1.44 1.63 1.72



BAC PF2 Line Pressure Drop for Standard and SST Coils

Pressure drop is in psig Updated:    12/13/2012
Flow is in USGPM of water

Water 30% EG 30% PGModel Fan HP
Pump 

HP Flow

Pressure Drop

PF2-1224AB-61-60 60 10 100 1.44 1.63 1.72
PF2-1224AB-61-80 80 10 100 1.44 1.63 1.72
PF2-1224AC-71-20 20 10 100 1.41 1.6 1.68
PF2-1224AC-71-30 30 10 100 1.41 1.6 1.68
PF2-1224AC-71-40 40 10 100 1.41 1.6 1.68
PF2-1224AC-71-50 50 10 100 1.41 1.6 1.68
PF2-1224AC-71-60 60 10 100 1.41 1.6 1.68
PF2-1224AC-71-80 80 10 100 1.41 1.6 1.68
PF2-2412AA-41-20 20 10 100 1.21 1.38 1.45
PF2-2412AA-42-20 20 10 100 2.43 2.75 2.89
PF2-2412AA-41-30 30 10 100 1.21 1.38 1.45
PF2-2412AA-42-30 30 10 100 2.43 2.75 2.89
PF2-2412AA-41-40 40 10 100 1.21 1.38 1.45
PF2-2412AA-42-40 40 10 100 2.43 2.75 2.89
PF2-2412AA-41-50 50 10 100 1.21 1.38 1.45
PF2-2412AA-42-50 50 10 100 2.43 2.75 2.89
PF2-2412AA-41-60 60 10 100 1.21 1.38 1.45
PF2-2412AA-42-60 60 10 100 2.43 2.75 2.89
PF2-2412AA-41-80 80 10 100 1.21 1.38 1.45
PF2-2412AA-42-80 80 10 100 2.43 2.75 2.89
PF2-2412AA-51-20 20 10 100 1.42 1.61 1.7
PF2-2412AA-52-20 20 10 100 2.81 3.19 3.35
PF2-2412AA-51-30 30 10 100 1.42 1.61 1.7
PF2-2412AA-52-30 30 10 100 2.81 3.19 3.35
PF2-2412AA-51-40 40 10 100 1.42 1.61 1.7
PF2-2412AA-52-40 40 10 100 2.81 3.19 3.35
PF2-2412AA-51-50 50 10 100 1.42 1.61 1.7
PF2-2412AA-52-50 50 10 100 2.81 3.19 3.35
PF2-2412AA-51-60 60 10 100 1.42 1.61 1.7
PF2-2412AA-52-60 60 10 100 2.81 3.19 3.35
PF2-2412AA-51-80 80 10 100 1.42 1.61 1.7
PF2-2412AA-52-80 80 10 100 2.81 3.19 3.35
PF2-2412AB-61-20 20 10 100 1.44 1.63 1.72
PF2-2412AB-61-30 30 10 100 1.44 1.63 1.72
PF2-2412AB-61-40 40 10 100 1.44 1.63 1.72
PF2-2412AB-61-50 50 10 100 1.44 1.63 1.72
PF2-2412AB-61-60 60 10 100 1.44 1.63 1.72
PF2-2412AB-61-80 80 10 100 1.44 1.63 1.72
PF2-2412AC-71-20 20 10 100 1.41 1.6 1.68
PF2-2412AC-71-30 30 10 100 1.41 1.6 1.68
PF2-2412AC-71-40 40 10 100 1.41 1.6 1.68
PF2-2412AC-71-50 50 10 100 1.41 1.6 1.68
PF2-2412AC-71-60 60 10 100 1.41 1.6 1.68
PF2-2412AC-71-80 80 10 100 1.41 1.6 1.68
PF2-2424AA-41-40 40 20 100 1.21 1.38 1.45
PF2-2424AA-42-40 40 20 100 2.43 2.75 2.89
PF2-2424AA-41-60 60 20 100 1.21 1.38 1.45
PF2-2424AA-42-60 60 20 100 2.43 2.75 2.89



BAC PF2 Line Pressure Drop for Standard and SST Coils

Pressure drop is in psig Updated:    12/13/2012
Flow is in USGPM of water

Water 30% EG 30% PGModel Fan HP
Pump 

HP Flow

Pressure Drop

PF2-2424AA-41-80 80 20 100 1.21 1.38 1.45
PF2-2424AA-42-80 80 20 100 2.43 2.75 2.89
PF2-2424AA-41-100 100 20 100 1.21 1.38 1.45
PF2-2424AA-42-100 100 20 100 2.43 2.75 2.89
PF2-2424AA-41-120 120 20 100 1.21 1.38 1.45
PF2-2424AA-42-120 120 20 100 2.43 2.75 2.89
PF2-2424AA-41-160 160 20 100 1.21 1.38 1.45
PF2-2424AA-42-160 160 20 100 2.43 2.75 2.89
PF2-2424AA-51-40 40 20 100 1.42 1.61 1.7
PF2-2424AA-52-40 40 20 100 2.81 3.19 3.35
PF2-2424AA-51-60 60 20 100 1.42 1.61 1.7
PF2-2424AA-52-60 60 20 100 2.81 3.19 3.35
PF2-2424AA-51-80 80 20 100 1.42 1.61 1.7
PF2-2424AA-52-80 80 20 100 2.81 3.19 3.35
PF2-2424AA-51-100 100 20 100 1.42 1.61 1.7
PF2-2424AA-52-100 100 20 100 2.81 3.19 3.35
PF2-2424AA-51-120 120 20 100 1.42 1.61 1.7
PF2-2424AA-52-120 120 20 100 2.81 3.19 3.35
PF2-2424AA-51-160 160 20 100 1.42 1.61 1.7
PF2-2424AA-52-160 160 20 100 2.81 3.19 3.35
PF2-2424AB-61-40 40 20 100 1.44 1.63 1.72
PF2-2424AB-61-60 60 20 100 1.44 1.63 1.72
PF2-2424AB-61-80 80 20 100 1.44 1.63 1.72
PF2-2424AB-61-100 100 20 100 1.44 1.63 1.72
PF2-2424AB-61-120 120 20 100 1.44 1.63 1.72
PF2-2424AB-61-160 160 20 100 1.44 1.63 1.72
PF2-2424AC-71-40 40 20 100 1.41 1.6 1.68
PF2-2424AC-71-60 60 20 100 1.41 1.6 1.68
PF2-2424AC-71-80 80 20 100 1.41 1.6 1.68
PF2-2424AC-71-100 100 20 100 1.41 1.6 1.68
PF2-2424AC-71-120 120 20 100 1.41 1.6 1.68
PF2-2424AC-71-160 160 20 100 1.41 1.6 1.68
PF2-1218AA-41-10 10 5 100 1.56 1.77 1.86
PF2-1218AA-41-15 15 5 100 1.56 1.77 1.86
PF2-1218AA-41-20 20 5 100 1.56 1.77 1.86
PF2-1218AA-41-25 25 5 100 1.56 1.77 1.86
PF2-1218AA-41-30 30 5 100 1.56 1.77 1.86
PF2-1218AA-41-40 40 5 100 1.56 1.77 1.86
PF2-1218AA-51-10 10 5 100 1.84 2.09 2.2
PF2-1218AA-51-15 15 5 100 1.84 2.09 2.2
PF2-1218AA-51-20 20 5 100 1.84 2.09 2.2
PF2-1218AA-51-25 25 5 100 1.84 2.09 2.2
PF2-1218AA-51-30 30 5 100 1.84 2.09 2.2
PF2-1218AA-51-40 40 5 100 1.84 2.09 2.2
PF2-1218AB-61-10 10 5 100 1.87 2.11 2.23
PF2-1218AB-61-15 15 5 100 1.87 2.11 2.23
PF2-1218AB-61-20 20 5 100 1.87 2.11 2.23
PF2-1218AB-61-25 25 5 100 1.87 2.11 2.23



BAC PF2 Line Pressure Drop for Standard and SST Coils

Pressure drop is in psig Updated:    12/13/2012
Flow is in USGPM of water

Water 30% EG 30% PGModel Fan HP
Pump 

HP Flow

Pressure Drop

PF2-1218AB-61-30 30 5 100 1.87 2.11 2.23
PF2-1218AB-61-40 40 5 100 1.87 2.11 2.23
PF2-1218AB-61-50 50 5 100 1.87 2.11 2.23
PF2-1218AB-61-60 60 5 100 1.87 2.11 2.23
PF2-1218AB-71-10 10 5 100 2.11 2.39 2.51
PF2-1218AB-71-15 15 5 100 2.11 2.39 2.51
PF2-1218AB-71-20 20 5 100 2.11 2.39 2.51
PF2-1218AB-71-25 25 5 100 2.11 2.39 2.51
PF2-1218AB-71-30 30 5 100 2.11 2.39 2.51
PF2-1218AB-71-40 40 5 100 2.11 2.39 2.51
PF2-1218AB-71-50 50 5 100 2.11 2.39 2.51
PF2-1218AB-71-60 60 5 100 2.11 2.39 2.51
PF2-1236AA-41-20 20 10 100 1.56 1.77 1.86
PF2-1236AA-41-30 30 10 100 1.56 1.77 1.86
PF2-1236AA-41-40 40 10 100 1.56 1.77 1.86
PF2-1236AA-41-50 50 10 100 1.56 1.77 1.86
PF2-1236AA-41-60 60 10 100 1.56 1.77 1.86
PF2-1236AA-41-80 80 10 100 1.56 1.77 1.86
PF2-1236AA-51-20 20 10 100 1.84 2.09 2.2
PF2-1236AA-51-30 30 10 100 1.84 2.09 2.2
PF2-1236AA-51-40 40 10 100 1.84 2.09 2.2
PF2-1236AA-51-50 50 10 100 1.84 2.09 2.2
PF2-1236AA-51-60 60 10 100 1.84 2.09 2.2
PF2-1236AA-51-80 80 10 100 1.84 2.09 2.2
PF2-1236AB-61-20 20 10 100 1.87 2.11 2.23
PF2-1236AB-61-30 30 10 100 1.87 2.11 2.23
PF2-1236AB-61-40 40 10 100 1.87 2.11 2.23
PF2-1236AB-61-50 50 10 100 1.87 2.11 2.23
PF2-1236AB-61-60 60 10 100 1.87 2.11 2.23
PF2-1236AB-61-80 80 10 100 1.87 2.11 2.23
PF2-1236AB-61-100 100 10 100 1.87 2.11 2.23
PF2-1236AB-61-120 120 10 100 1.87 2.11 2.23
PF2-1236AB-71-20 20 10 100 2.11 2.39 2.51
PF2-1236AB-71-30 30 10 100 2.11 2.39 2.51
PF2-1236AB-71-40 40 10 100 2.11 2.39 2.51
PF2-1236AB-71-50 50 10 100 2.11 2.39 2.51
PF2-1236AB-71-60 60 10 100 2.11 2.39 2.51
PF2-1236AB-71-80 80 10 100 2.11 2.39 2.51
PF2-1236AB-71-100 100 10 100 2.11 2.39 2.51
PF2-1236AB-71-120 120 10 100 2.11 2.39 2.51
PF2-2418AA-41-20 20 10 100 1.56 1.77 1.86
PF2-2418AA-41-30 30 10 100 1.56 1.77 1.86
PF2-2418AA-41-40 40 10 100 1.56 1.77 1.86
PF2-2418AA-41-50 50 10 100 1.56 1.77 1.86
PF2-2418AA-41-60 60 10 100 1.56 1.77 1.86
PF2-2418AA-41-80 80 10 100 1.56 1.77 1.86
PF2-2418AA-51-20 20 10 100 1.84 2.09 2.2
PF2-2418AA-51-30 30 10 100 1.84 2.09 2.2



BAC PF2 Line Pressure Drop for Standard and SST Coils

Pressure drop is in psig Updated:    12/13/2012
Flow is in USGPM of water

Water 30% EG 30% PGModel Fan HP
Pump 

HP Flow

Pressure Drop

PF2-2418AA-51-40 40 10 100 1.84 2.09 2.2
PF2-2418AA-51-50 50 10 100 1.84 2.09 2.2
PF2-2418AA-51-60 60 10 100 1.84 2.09 2.2
PF2-2418AA-51-80 80 10 100 1.84 2.09 2.2
PF2-2418AB-61-20 20 10 100 1.87 2.11 2.23
PF2-2418AB-61-30 30 10 100 1.87 2.11 2.23
PF2-2418AB-61-40 40 10 100 1.87 2.11 2.23
PF2-2418AB-61-50 50 10 100 1.87 2.11 2.23
PF2-2418AB-61-60 60 10 100 1.87 2.11 2.23
PF2-2418AB-61-80 80 10 100 1.87 2.11 2.23
PF2-2418AB-61-100 100 10 100 1.87 2.11 2.23
PF2-2418AB-61-120 120 10 100 1.87 2.11 2.23
PF2-2418AB-71-20 20 10 100 2.11 2.39 2.51
PF2-2418AB-71-30 30 10 100 2.11 2.39 2.51
PF2-2418AB-71-40 40 10 100 2.11 2.39 2.51
PF2-2418AB-71-50 50 10 100 2.11 2.39 2.51
PF2-2418AB-71-60 60 10 100 2.11 2.39 2.51
PF2-2418AB-71-80 80 10 100 2.11 2.39 2.51
PF2-2418AB-71-100 100 10 100 2.11 2.39 2.51
PF2-2418AB-71-120 120 10 100 2.11 2.39 2.51
PF2-2436AA-41-40 40 20 100 1.56 1.77 1.86
PF2-2436AA-41-60 60 20 100 1.56 1.77 1.86
PF2-2436AA-41-80 80 20 100 1.56 1.77 1.86
PF2-2436AA-41-100 100 20 100 1.56 1.77 1.86
PF2-2436AA-41-120 120 20 100 1.56 1.77 1.86
PF2-2436AA-41-160 160 20 100 1.56 1.77 1.86
PF2-2436AA-51-40 40 20 100 1.84 2.09 2.2
PF2-2436AA-51-60 60 20 100 1.84 2.09 2.2
PF2-2436AA-51-80 80 20 100 1.84 2.09 2.2
PF2-2436AA-51-100 100 20 100 1.84 2.09 2.2
PF2-2436AA-51-120 120 20 100 1.84 2.09 2.2
PF2-2436AA-51-160 160 20 100 1.84 2.09 2.2
PF2-2436AB-61-40 40 20 100 1.87 2.11 2.23
PF2-2436AB-61-60 60 20 100 1.87 2.11 2.23
PF2-2436AB-61-80 80 20 100 1.87 2.11 2.23
PF2-2436AB-61-100 100 20 100 1.87 2.11 2.23
PF2-2436AB-61-120 120 20 100 1.87 2.11 2.23
PF2-2436AB-61-160 160 20 100 1.87 2.11 2.23
PF2-2436AB-61-200 200 20 100 1.87 2.11 2.23
PF2-2436AB-61-240 240 20 100 1.87 2.11 2.23
PF2-2436AB-71-40 40 20 100 2.11 2.39 2.51
PF2-2436AB-71-60 60 20 100 2.11 2.39 2.51
PF2-2436AB-71-80 80 20 100 2.11 2.39 2.51
PF2-2436AB-71-100 100 20 100 2.11 2.39 2.51
PF2-2436AB-71-120 120 20 100 2.11 2.39 2.51
PF2-2436AB-71-160 160 20 100 2.11 2.39 2.51
PF2-2436AB-71-200 200 20 100 2.11 2.39 2.51
PF2-2436AB-71-240 240 20 100 2.11 2.39 2.51



BAC PF2 Line Pressure Drop for Standard and SST Coils

Pressure drop is in psig Updated:    12/13/2012
Flow is in USGPM of water

Water 30% EG 30% PGModel Fan HP
Pump 

HP Flow

Pressure Drop

PF2-1218AA-41-10 10 5 100 1.56 1.77 1.86
PF2-1218AA-41-15 15 5 100 1.56 1.77 1.86
PF2-1218AA-41-20 20 5 100 1.56 1.77 1.86
PF2-1218AA-41-25 25 5 100 1.56 1.77 1.86
PF2-1218AA-41-30 30 5 100 1.56 1.77 1.86
PF2-1218AA-41-40 40 5 100 1.56 1.77 1.86
PF2-1218AA-51-10 10 5 100 1.84 2.09 2.2
PF2-1218AA-51-15 15 5 100 1.84 2.09 2.2
PF2-1218AA-51-20 20 5 100 1.84 2.09 2.2
PF2-1218AA-51-25 25 5 100 1.84 2.09 2.2
PF2-1218AA-51-30 30 5 100 1.84 2.09 2.2
PF2-1218AA-51-40 40 5 100 1.84 2.09 2.2
PF2-1218AB-61-10 10 5 100 1.87 2.11 2.23
PF2-1218AB-61-15 15 5 100 1.87 2.11 2.23
PF2-1218AB-61-20 20 5 100 1.87 2.11 2.23
PF2-1218AB-61-25 25 5 100 1.87 2.11 2.23
PF2-1218AB-61-30 30 5 100 1.87 2.11 2.23
PF2-1218AB-61-40 40 5 100 1.87 2.11 2.23
PF2-1218AB-61-50 50 5 100 1.87 2.11 2.23
PF2-1218AB-61-60 60 5 100 1.87 2.11 2.23
PF2-1218AB-71-10 10 5 100 2.11 2.39 2.51
PF2-1218AB-71-15 15 5 100 2.11 2.39 2.51
PF2-1218AB-71-20 20 5 100 2.11 2.39 2.51
PF2-1218AB-71-25 25 5 100 2.11 2.39 2.51
PF2-1218AB-71-30 30 5 100 2.11 2.39 2.51
PF2-1218AB-71-40 40 5 100 2.11 2.39 2.51
PF2-1218AB-71-50 50 5 100 2.11 2.39 2.51
PF2-1218AB-71-60 60 5 100 2.11 2.39 2.51
PF2-1236AA-41-20 20 10 100 1.56 1.77 1.86
PF2-1236AA-41-30 30 10 100 1.56 1.77 1.86
PF2-1236AA-41-40 40 10 100 1.56 1.77 1.86
PF2-1236AA-41-50 50 10 100 1.56 1.77 1.86
PF2-1236AA-41-60 60 10 100 1.56 1.77 1.86
PF2-1236AA-41-80 80 10 100 1.56 1.77 1.86
PF2-1236AA-51-20 20 10 100 1.84 2.09 2.2
PF2-1236AA-51-30 30 10 100 1.84 2.09 2.2
PF2-1236AA-51-40 40 10 100 1.84 2.09 2.2
PF2-1236AA-51-50 50 10 100 1.84 2.09 2.2
PF2-1236AA-51-60 60 10 100 1.84 2.09 2.2
PF2-1236AA-51-80 80 10 100 1.84 2.09 2.2
PF2-1236AB-61-20 20 10 100 1.87 2.11 2.23
PF2-1236AB-61-30 30 10 100 1.87 2.11 2.23
PF2-1236AB-61-40 40 10 100 1.87 2.11 2.23
PF2-1236AB-61-50 50 10 100 1.87 2.11 2.23
PF2-1236AB-61-60 60 10 100 1.87 2.11 2.23
PF2-1236AB-61-80 80 10 100 1.87 2.11 2.23
PF2-1236AB-61-100 100 10 100 1.87 2.11 2.23
PF2-1236AB-61-120 120 10 100 1.87 2.11 2.23



BAC PF2 Line Pressure Drop for Standard and SST Coils

Pressure drop is in psig Updated:    12/13/2012
Flow is in USGPM of water

Water 30% EG 30% PGModel Fan HP
Pump 

HP Flow

Pressure Drop

PF2-1236AB-71-20 20 10 100 2.11 2.39 2.51
PF2-1236AB-71-30 30 10 100 2.11 2.39 2.51
PF2-1236AB-71-40 40 10 100 2.11 2.39 2.51
PF2-1236AB-71-50 50 10 100 2.11 2.39 2.51
PF2-1236AB-71-60 60 10 100 2.11 2.39 2.51
PF2-1236AB-71-80 80 10 100 2.11 2.39 2.51
PF2-1236AB-71-100 100 10 100 2.11 2.39 2.51
PF2-1236AB-71-120 120 10 100 2.11 2.39 2.51
PF2-2418AA-41-20 20 10 100 1.56 1.77 1.86
PF2-2418AA-41-30 30 10 100 1.56 1.77 1.86
PF2-2418AA-41-40 40 10 100 1.56 1.77 1.86
PF2-2418AA-41-50 50 10 100 1.56 1.77 1.86
PF2-2418AA-41-60 60 10 100 1.56 1.77 1.86
PF2-2418AA-41-80 80 10 100 1.56 1.77 1.86
PF2-2418AA-51-20 20 10 100 1.84 2.09 2.2
PF2-2418AA-51-30 30 10 100 1.84 2.09 2.2
PF2-2418AA-51-40 40 10 100 1.84 2.09 2.2
PF2-2418AA-51-50 50 10 100 1.84 2.09 2.2
PF2-2418AA-51-60 60 10 100 1.84 2.09 2.2
PF2-2418AA-51-80 80 10 100 1.84 2.09 2.2
PF2-2418AB-61-20 20 10 100 1.87 2.11 2.23
PF2-2418AB-61-30 30 10 100 1.87 2.11 2.23
PF2-2418AB-61-40 40 10 100 1.87 2.11 2.23
PF2-2418AB-61-50 50 10 100 1.87 2.11 2.23
PF2-2418AB-61-60 60 10 100 1.87 2.11 2.23
PF2-2418AB-61-80 80 10 100 1.87 2.11 2.23
PF2-2418AB-61-100 100 10 100 1.87 2.11 2.23
PF2-2418AB-61-120 120 10 100 1.87 2.11 2.23
PF2-2418AB-71-20 20 10 100 2.11 2.39 2.51
PF2-2418AB-71-30 30 10 100 2.11 2.39 2.51
PF2-2418AB-71-40 40 10 100 2.11 2.39 2.51
PF2-2418AB-71-50 50 10 100 2.11 2.39 2.51
PF2-2418AB-71-60 60 10 100 2.11 2.39 2.51
PF2-2418AB-71-80 80 10 100 2.11 2.39 2.51
PF2-2418AB-71-100 100 10 100 2.11 2.39 2.51
PF2-2418AB-71-120 120 10 100 2.11 2.39 2.51
PF2-2436AA-41-40 40 20 100 1.56 1.77 1.86
PF2-2436AA-41-60 60 20 100 1.56 1.77 1.86
PF2-2436AA-41-80 80 20 100 1.56 1.77 1.86
PF2-2436AA-41-100 100 20 100 1.56 1.77 1.86
PF2-2436AA-41-120 120 20 100 1.56 1.77 1.86
PF2-2436AA-41-160 160 20 100 1.56 1.77 1.86
PF2-2436AA-51-40 40 20 100 1.84 2.09 2.2
PF2-2436AA-51-60 60 20 100 1.84 2.09 2.2
PF2-2436AA-51-80 80 20 100 1.84 2.09 2.2
PF2-2436AA-51-100 100 20 100 1.84 2.09 2.2
PF2-2436AA-51-120 120 20 100 1.84 2.09 2.2
PF2-2436AA-51-160 160 20 100 1.84 2.09 2.2



BAC PF2 Line Pressure Drop for Standard and SST Coils

Pressure drop is in psig Updated:    12/13/2012
Flow is in USGPM of water

Water 30% EG 30% PGModel Fan HP
Pump 

HP Flow

Pressure Drop

PF2-2436AB-61-40 40 20 100 1.87 2.11 2.23
PF2-2436AB-61-60 60 20 100 1.87 2.11 2.23
PF2-2436AB-61-80 80 20 100 1.87 2.11 2.23
PF2-2436AB-61-100 100 20 100 1.87 2.11 2.23
PF2-2436AB-61-120 120 20 100 1.87 2.11 2.23
PF2-2436AB-61-160 160 20 100 1.87 2.11 2.23
PF2-2436AB-61-200 200 20 100 1.87 2.11 2.23
PF2-2436AB-61-240 240 20 100 1.87 2.11 2.23
PF2-2436AB-71-40 40 20 100 2.11 2.39 2.51
PF2-2436AB-71-60 60 20 100 2.11 2.39 2.51
PF2-2436AB-71-80 80 20 100 2.11 2.39 2.51
PF2-2436AB-71-100 100 20 100 2.11 2.39 2.51
PF2-2436AB-71-120 120 20 100 2.11 2.39 2.51
PF2-2436AB-71-160 160 20 100 2.11 2.39 2.51
PF2-2436AB-71-200 200 20 100 2.11 2.39 2.51
PF2-2436AB-71-240 240 20 100 2.11 2.39 2.51


